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Offre de services pour le Channel

Assurer la continuité des applications clés d’aujourd’hui 
et de demain

Fiche entreprise Vertiv

Presque tous les aspects de notre vie impliquent le recours à la technologie. Elle est présente lorsque nous travaillons, jouons ou 
réalisons des activités quotidiennes. Cette connectivité ou utilisation de données fait partie intégrante des fondations de notre 
société. Elle est essentielle au progrès humain. Chez Vertiv, nous sommes convaincus qu’il existe un meilleur moyen de répondre  
à cette demande croissante de données, motivé par l’innovation et la passion.

En tant qu’experts du secteur, nous accompagnons nos clients pour imaginer et créer les infrastructures de demain. Nous utilisons 
notre portefeuille de matériel, logiciels, systèmes d’analyse et services, afin de veiller à ce que les applications vitales de nos clients 
fonctionnent sans interruption, de façon optimale, et qu’elles évoluent en fonction des besoins commerciaux.

Datacenters: Hyperscale/Cloud, Colocation, Entreprise et Edge

Réseaux de communication: Sites Macro, Sièges, Petites Stations et Datacenters

Commerce et Industrie: Santé, Fabrication, Ferroviaire/Transports en commun, Production d’énergie, Pétrole et gaz

Note: 1 based on FY 2023 revenue; 2 Market segment rounded to nearest 5%; 3 Dell’Oro Data Center Physical Infrastructure reporting 2023. 4 Omdia Uninterruptible Power Systems (UPS) Hardware Tracker 2023, >250kva; 5 
Omdia Data Center Power Distribution Equipment Tracker 2023. All else, company information as of December 31, 2023.

Une présence et un rayonnement  
global s’appuyant sur un réseau 
logistique international

23%

12%

65%

Large gamme de solutions et de services 
d’alimentation électrique, de refroidissement 
et d’infrastructures IT/Edge

22%

22%
56%

Des clients présents sur des secteurs 
d’activités les plus critiques au monde

10%

15%

75%

Géographie1 Marchés cibles1,2Offre1

Amériques Solutions et infrastructures critiques

Asie-Pacifique Services et Pièces de rechange

EMEA Solutions de rack intégrés

Datacenters

Commerce et Industrie

Réseaux de communication

Données clés

~$6.9 miliards 
revenus en USD

~27,000
employés dans le monde

130+
pays desservis

50+ ans
dans l’industrie

#1 en gestion de 
refroidissement 3

#1 des grands onduleurs triphasés4

et commutation et distribution d’énergie5
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Avocent® 
Gestion IT

Albér™
Surveillance batteries

Energy Labs™
Refroidissement commercial 
et industriel

Geist™
PDU en rack

Liebert®
Gestion d’alimentation électrique 
et de refroidissement

NetSure™
Systèmes d’énergie DC

Nos marques

Nous sommes convaincus qu’il existe un meilleur moyen  
de répondre à la demande mondiale croissante de données, 
motivé par l’innovation et la passion.

Notre mission

Asie Pacifique et Inde
Sites de fabrication et d’assemblage 4
Centres de services + de 75
Techniciens de service + de 1 250
Support/Intervention technique + de 30
Labos/Centres d’expérience client 9

Europe, Moyen-Orient et Afrique
Sites de fabrication et d’assemblage 10
Centres de services + de 65
Techniciens de service + de 650
Support/Intervention technique + de 100
Labos/Centres d’expérience client 5

Amériques
Sites de fabrication et d’assemblage 10
Centres de services + de 80
Techniciens de service + de 1 600
Support/Intervention technique + de 90
Labos/Centres d’expérience client 5

Notre présence

Présence mondiale
Sites de fabrication et d’assemblage 24
Centres de services + de 220
Techniciens de service + de 3 500
Support/Intervention technique + de 220
Labos/Centres d’expérience client 19
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Avec Vertiv™ Life™ Services, vous avez l’assurance 
de bénéficier d’une disponibilité et d’une efficacité 
opérationnelle améliorées, apportant à votre système 
une protection sans égale et un support unique.

Tous les équipements couverts par Vertiv Life Services sont 
en contact permanent avec l’organisation de services Vertiv 
24h/24, 7j/7.

Vous pouvez bénéficier de Vertiv Life Services tout au long 
du cycle de vie des produits pendant et après les périodes  
de garantie.

Offre de services pour le Channel

Vertiv™ Life™ Services

Comment fonctionne le programme de 
services en ligne?
Si vous avez acheté un programme de services, vous devez 
communiquer votre nom, votre prénom et votre adresse 
e-mail à votre revendeur, qui nous les fournit afin que nous 
puissions vous envoyer un message e-mail avec le code du 
programme de services correspondant à celui que vous 
avez acheté. 

Le message e-mail contenant le code du programme de 
services vous sera envoyé dans les 2 jours ouvrés suivant 
l’achat de celui-ci.

Afin de recevoir le service que vous avez acheté, il est 
obligatoire d’activer le programme de services. Pour ce faire, 
vous devez enregistrer votre programme de services sur 
notre site Web dans les 30 jours suivant l’achat, autrement 
le programme de services expirera.

Pour enregistrer le programme de services:

	y Allez sur :  
https://www.vertiv.com/fr-emea/support/register-your-
product/registration/

	y Remplissez le formulaire d’inscription.

	y Cochez la case RGPD (traitement des données 
obligatoire, à des fins marketing selon votre choix).

	y Soumettez une demande d’inscription. 

	y Vous serez immédiatement informé que la soumission a 
été enregistrée.

	y Vous recevrez également un accusé de réception dans 
un délai de 2 jours ouvrés par Vertiv avec plus de détails 
concernant la prestation du Programme de services. 

Remarque : pour plus d’informations concernant nos programmes de service, veuillez  
contacter votre revendeur afin de connaître le champ d’application du programme de  
services que vous avez acheté.

L’importance de la couverture des services

Vertiv™ prend en charge toutes les applications avec une offre 
de services étendue comprenant entre autres l’installation, le 
démarrage, la mise en service, la maintenance, les remplacements, 
la surveillance et les diagnostics à distance 24h/24, 7j/7. Notre 
dispositif de diagnostics à distance et de surveillance préventive, 
Life™ Services, apporte une valeur ajoutée en fournissant des 
informations en temps réel pour la prise de décisions, puisqu’il 
permet la détection proactive des anomalies et une réaction 
immédiate en cas d’alarmes. 

Avantages:

	y Garantie d’une alimentation électrique sécurisée

	y Utilisation optimisée de votre personnel IT

	y Déploiement et maintenance simplifiés des onduleurs pour 
les sites de petite taille

	y Accès instantané aux informations sur la protection électrique

	y Protection améliorée pour votre investissement IT

https://www.vertiv.com/fr-emea/support/register-your-product/registration/
https://www.vertiv.com/fr-emea/support/register-your-product/registration/
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Programmes de service pour l’intervention 
sur site sur PDU en rack

Visite de démarrage

Ce programme de services inclut la visite d’un technicien 
Vertiv pour le démarrage du PDU en rack:

	y Le programme de service de démarrage peut être acheté 
dans un délai de six mois à compter de la date d’achat 
de l’équipement.

	y Ce programme de services est disponible avec deux options 
de planification : 8h/5j* ou 24h/24, 7j/7 (sauf jours fériés) 
dans le pays où l’équipement est installé.

	y Cette offre n’est pas destinée à être utilisée comme service 
de réparation en cas de défaillance de l’équipement. 

*Pendant les heures de travail normales (dans le pays où l’onduleur est 
installé), à l’exclusion des jours fériés, du samedi et du dimanche.

Offre de services pour le Channel – les PDU en rack

Vertiv™ propose une gamme complète de services spécialement conçus pour les PDU en rack et les produits de 
surveillance environnementale. Le portefeuille comprend diverses options garantissant une couverture allant jusqu’à 
10 ans, afin de répondre à tous les besoins possibles des clients.

Les programmes de services sont disponibles dans une sélection de pays, veuillez consulter notre site www.vertiv.fr pour 
connaître la disponibilité dans un pays spécifique ou contacter votre représentant Vertiv local.

Programmes de service pour le nouveau 
PDU en rack

Extension de garantie +2

Ce programme de services prolonge la garantie standard de 
deux ans. Vous le recevrez gratuitement si vous enregistrez 
votre PDU en rack dans les 30 jours suivant l’achat.

	y Pendant cette période, le produit est couvert par un 
remplacement standard de l’unité défectueuse.

	y Les frais d’expédition sont couverts par Vertiv.

	y Ce programme de service comprend une assistance 
téléphonique technique 8h/5j.

Distribution Emergency 

Ce programme de service n’est valable que pour Vertiv  
Geist rPDU. Il peut être acheté dans un délai de six mois à 
compter de la date d’achat de l’équipement, et couvre le 
PDU en rack pour une période totale de 5 ans :

	y Pendant cette période, le produit est couvert par  
le remplacement anticipé de l’unité défectueuse.

	y L’unité de remplacement est expédiée dans les 8 heures 
ouvrés suivant l’accusé de réception du ticket d’incident.

	y Les frais d’expédition sont couverts par Vertiv.

	y Ce programme de service comprend une assistance 
téléphonique technique 24h/24, 7j/7.

Intervention sur siteNouveaux PDU en rack

Programmes de service de renouvellement 
pour les PDU en rack fonctionnement
Ce service renouvelle Distribution Emergency et le prolonge 
de cinq annees supplementaires pour obtenir une couverture 
totale de dix ans pour les PDU en rack. Il peut etre achete 
avant l’expiration de Distribution Emergency.

	y Pendant cette période, le produit est couvert par le 
remplacement anticipé de l’unité défectueuse.

	y L’unité de remplacement est expédiée dans les 8 heures 
ouvrés suivant l’accusé de réception du ticket d’incident.

	y Les frais d’expédition sont couverts par Vertiv.

	y Ce programme de service comprend une assistance 
téléphonique technique 24h/24, 7j/7.

PDU en rack en fonctionnement
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Offre de services pour le Channel

Référence Famille de produits Distribution Emergency

EP4G80A0 Vertiv Geist Rack PDU, Monitored ,0U,16A,220V,IEC60309*3m,C13*18 + C19*3,black RPDU-DE5R-002

EP4G81A0 Vertiv Geist Rack PDU, Monitored ,1U,16A,220V,Schuko*3m,Schuko*6,black RPDU-DE5R-002

EP4G90A0 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V,IEC60309*3m,C13*20 + C19*4, Breaker,black RPDU-DE5R-004

EP4G90A1 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V/380V,IEC60309*3m,C13*30 + C19*6, Breaker,black RPDU-DE5R-004

G1007 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DE5R-003

G1009 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DE5R-001

G1010 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DE5R-001

G1011 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DE5R-001

G1012 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DE5R-003

G1013 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DE5R-003

G1014 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DE5R-003

G1022 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DE5R-001

G1023 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DE5R-001

G1024 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DE5R-001

G1025 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DE5R-001

G1026 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DE5R-001

G1027 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DE5R-003

G1028 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DE5R-003

G1029 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DE5R-003

G1030 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DE5R-003

G1031 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DE5R-003

G1032 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DE5R-001

G1033 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DE5R-002

G1035 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DE5R-003

G1036 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 (6)C19 RPDU-DE5R-002

G1646L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-001

G1647L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-002

G1648L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-002

G1649L Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-002

G1650L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-002

G2102 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DE5R-001

G2103 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DE5R-002

G2104 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DE5R-001

G2106 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (10)BS1363 RPDU-DE5R-001

G2108 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (12)BS1363 RPDU-DE5R-001

G2109 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DE5R-001

G2110 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (10)BS1363 RPDU-DE5R-001

G2112 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DE5R-001

G2113 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DE5R-003

G2114 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (15)BS1364 RPDU-DE5R-001

G2118 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (15)BS1364 RPDU-DE5R-002

G2120 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-002

Nouveaux PDU en rack
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Référence Famille de produits Distribution Emergency

G2150 Vertiv Geist Rack PDU, Basic, 1U, input IEC60320 C14 230V 10A, outputs (6)BS1367 RPDU-DE5R-001

G2152 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (15)BS1364 RPDU-DE5R-001

G2153 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (20)BS1365 RPDU-DE5R-001

G2158 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (4)BS1366 RPDU-DE5R-001

G2159 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (6)BS1367 RPDU-DE5R-001

G2160 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)BS1368 RPDU-DE5R-001

G2161 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DE5R-001

G2166 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (4)BS1366 RPDU-DE5R-002

G2169 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (10)BS1363 RPDU-DE5R-002

G2174 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outlets (8)C13 RPDU-DE5R-001

G2175 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DE5R-001

G2176 Vertiv Geist Rack PDU, Basic, 2U, input BS1363 230V 13A, outputs (8)C13 RPDU-DE5R-001

G2177 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DE5R-001

G2178 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (16)C13 RPDU-DE5R-001

G2179 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (8)C13 RPDU-DE5R-001

G2180 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (16)C13 RPDU-DE5R-001

G2181 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DE5R-001

G2183 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DE5R-001

G2187 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DE5R-001

G2192 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DE5R-002

G2194 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 RPDU-DE5R-002

G2195 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (30)C13 RPDU-DE5R-002

G2196 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (40)C13 RPDU-DE5R-002

G2197 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DE5R-001

G2199 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DE5R-001

G2200 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-002

G2201 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DE5R-001

G2202 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-002

G2205 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-002

G2223 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (6)BS1363 RPDU-DE5R-003

G2229 Vertiv Geist Rack PDU, branch metered, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DE5R-002

G2231 Vertiv Geist Rack PDU, branch metered, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DE5R-002

G2232 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DE5R-003

G2235 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DE5R-003

G2236 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DE5R-003

G2241 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DE5R-003

G2242 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (8)C13 (2)C19 RPDU-DE5R-003

G2243 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DE5R-003

G2244 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-003

G2246 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DE5R-003

G2247 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DE5R-003

G2248 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DE5R-003

GI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI10002L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006
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Offre de services pour le Channel

Référence Famille de produits Distribution Emergency

GI10003L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-004

GI10004L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-004

GI10005L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10006L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-004

GI10007L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-004

GI10008L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10009L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10010L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

GI10011 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10012 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10013 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10014 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10015L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

GI10016 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DE5R-004

GI10017 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DE5R-006

GI10018L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DE5R-003

GI10019L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-004

GI10020L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI10021L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI10022L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

GI10023L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-005

GI10024L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10025L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

GI10026L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-005

GI10027L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10028L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10029L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

GI10030 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-003

GI10031 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-003

GI10032 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10033 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10034L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

GI10035 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DE5R-003

GI10036 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DE5R-006

GI10037L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DE5R-003

GI10038L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-005

GI10039 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-003

GI10040 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DE5R-003

GI10041 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DE5R-003

GI10042 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DE5R-003

GI10043L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

GI10044L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DE5R-006

GI10045L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-004

GI10046L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-004
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GI10047L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-004

GI10048L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-004

GI10049L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

GI10050L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DE5R-006

GI10051L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-005

GI10052L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-005

GI10053L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-005

GI10054L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-005

GI10056L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10057L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10058L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

GI10059L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

GI10060L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DE5R-005

GI10061L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

GI10062L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

GI10063L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

GI10064 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10065 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DE5R-005

GI10066L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10067L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-005

GI10068L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DE5R-004

GI10069L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-004

GI10070L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-004

GI10071L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-004

GI10072 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10073 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DE5R-004

GI10074L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10075L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DE5R-004

GI10091 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-004

GI10092 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-004

GI10093 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

GI10094 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

GI10095 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-003

GI10096 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-005

GI10097 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

GI10098 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

GI19986 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-004

GI19987 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DE5R-004

GI19988 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DE5R-003

GI19989 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DE5R-003

GI30030L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DE5R-006

GI30032L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DE5R-005

GI30059 Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230V 32A, output – connector IEC 60309 2P+E, 230V 32A RPDU-DE5R-002
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GI30060
Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230/400V 3x32A, output – connector IEC 60309 
3P+N+E, 230/400V 3x32A

RPDU-DE5R-003

GI30073L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

GI30074L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DE5R-006

GI30075L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DE5R-005

GI30077L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DE5R-005

GI30107L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

GI30108L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DE5R-005

GI39987 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DE5R-003

GI39988 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DE5R-003

GI39990 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DE5R-003

GR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GR30202 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-004

GR30203 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GS30200 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GS30203 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GU30022L Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (9)C13 (9)C19 RPDU-DE5R-008

GU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DE5R-007

GU30202 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-006

GU30203 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

U1071L Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

U1072L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DE5R-005

U1073L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

U1075 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-005

U1076 Vertiv Geist Rack PDU, Basic, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DE5R-005

U1077 Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

U1078 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

U1079 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-005

UI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

UI10007L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

UI10014L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

UI10016L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DE5R-003

UI10022L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DE5R-005

UI10023L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DE5R-005

UI10024L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

UI10025 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-005

UI10026 Vertiv Geist Rack PDU, Basic (upgradeable), 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DE5R-005

UI10027 Vertiv Geist Rack PDU, Basic (upgradeable), 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

UI10028 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-005

UI10029 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-005

UI30005L Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DE5R-007

UI30024 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DE5R-006

UI30025 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-006
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UI30027L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (10)C13 RPDU-DE5R-003

UR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-004

UU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-006

VA1G8100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DE5R-005

VA1G9100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-005

VA1G9200 Vertiv Geist RTS, Basic (Upgradeable), 2U,  input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DE5R-006

VA1U1100 Vertiv Geist RTS, Basic (Upgradeable), 1U,input (2) IEC60320 C14 power inlet 100-240V 10A or  
15A, locking outputs (10)C13 RPDU-DE5R-005

VA1U2100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or  
20A, combi outputs (12)C13 or C19 RPDU-DE5R-005

VA4G21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VA4G31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VA4G31A1 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DE5R-007

VA4G8100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VA4G9100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-008

VA4G9200 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DE5R-006

VA4U1100 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (10)C13 RPDU-DE5R-006

VA4U11A0 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (10)C13 RPDU-DE5R-006

VA4U2100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outlets (12)C13 or C19 RPDU-DE5R-008

VA4U21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VA4U31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DE5R-007

VA4U9101 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DE5R-006

VA5G21A0 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-007

VA5G32A0 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA5G8100 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA5G9200 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA5U1100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VA5U11A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-007

VA5U2100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA5U21A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA6G21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-007

VA6G32A0 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA6G8100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA6G9200 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA6U1100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, locking 
outputs (6)C13 RPDU-DE5R-006

VA6U11A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, locking 
outputs (6)C13 RPDU-DE5R-007

VA6U2100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, combi 
outputs (6)C13 or C19 RPDU-DE5R-006

VA6U21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, combi 
outputs (6)C13 or C19 RPDU-DE5R-006
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VA7G21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-007

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VA7U11A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-007

VA7U2100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7U21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-007

VP1G9100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP1U1100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP1U2100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP3G9100 Vertiv Geist PDU,Metered (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C29 RPDU-DE5R-002

VP3U2100 Vertiv Geist PDU, Metered(upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4G20A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

VP4G20A6 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-005

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A9 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-004

VP4G20AA Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G20AB Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G20AC Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,locking outlets (24)C13 (6)C19 RPDU-DE5R-004

VP4G20AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (18)C13 (2)C19 RPDU-DE5R-004

VP4G20AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-007

VP4G20AG Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

VP4G21A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outlets (10)C13 RPDU-DE5R-004

VP4G21A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outlets (6)C13 (3)C19 RPDU-DE5R-004

VP4G30A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-004

VP4G30A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

VP4G30A8 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

VP4G30AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

VP4G30AF Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

VP4G30AK Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G30AM Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G30AN Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G30AP Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DE5R-006

VP4G30AQ Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AR Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

VP4G30AS Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, outputs (30)C13 (12)C19 RPDU-DE5R-007

VP4G31A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outlets (6)C19 RPDU-DE5R-005
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VP4G31A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (10)C13 RPDU-DE5R-004

VP4G31A3 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-004

VP4G31A4 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (4)C13 (4)C19 RPDU-DE5R-004

VP4G31A5 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outlets (12)C19 RPDU-DE5R-006

VP4G32A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outlets (12)C13 (4)C19 RPDU-DE5R-005

VP4G7007 Monitored Unit Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP4G9100 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-003

VP4U1100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U11A0 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U2100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4U21A1 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4UU0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-006

VP4UU1A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outlets (12)C13 or C19 RPDU-DE5R-005

VP4UV0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

VP4UV0A2 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-006

VP4UV0A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-006

VP4UV2A0 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outlets (12)C13 (6)C19 RPDU-DE5R-006

VP4UV2A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outlets (24)C13 or C19 RPDU-DE5R-006

VP52101 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-006

VP59100 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VP5G20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-007

VP5G20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-007

VP5G20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP5G20A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-006

VP5G20AA Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM, 
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP5G20AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP5G20AE Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-006

VP5G20AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP5G20AG Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006

VP5G21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G30A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP5G30A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP5G30A4 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-008

VP5G30A5 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-006

VP5G30A9 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-006
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VP5G30AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G30AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP5G30AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DE5R-008

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VP5G30AE Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DE5R-008

VA7U11A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-007

VA7U2100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7U21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DE5R-007

VP1G9100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP1U1100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP1U2100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP3G9100 Vertiv Geist PDU,Metered (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C29 RPDU-DE5R-002

VP3U2100 Vertiv Geist PDU, Metered(upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4G20A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DE5R-005

VP4G20A6 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DE5R-005

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G20A9 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-004

VP4G20AA Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G20AB Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G20AC Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,locking outlets (24)C13 (6)C19 RPDU-DE5R-004

VP4G20AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (18)C13 (2)C19 RPDU-DE5R-004

VP4G20AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-007

VP4G20AG Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DE5R-003

VP4G21A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outlets (10)C13 RPDU-DE5R-004

VP4G21A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outlets (6)C13 (3)C19 RPDU-DE5R-004

VP4G30A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DE5R-004

VP4G30A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-005

VP4G30A8 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-006

VP4G30AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DE5R-006

VP4G30AF Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DE5R-006

VP4G30AK Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DE5R-003

VP4G30AM Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outlets (36)C13 or C19 RPDU-DE5R-005

VP4G30AN Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (6)C19 RPDU-DE5R-004

VP4G30AP Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DE5R-006
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VP4G30AQ Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DE5R-006

VP4G30AR Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DE5R-004

VP4G30AS Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, outputs (30)C13 (12)C19 RPDU-DE5R-007

VP4G31A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outlets (6)C19 RPDU-DE5R-005

VP4G31A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (10)C13 RPDU-DE5R-004

VP4G31A3 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-004

VP4G31A4 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (4)C13 (4)C19 RPDU-DE5R-004

VP4G31A5 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outlets (12)C19 RPDU-DE5R-006

VP4G32A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outlets (12)C13 (4)C19 RPDU-DE5R-005

VP4G7007 Monitored Unit Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP4G9100 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DE5R-003

VP4U1100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U11A0 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DE5R-002

VP4U2100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4U21A1 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DE5R-002

VP4UU0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DE5R-006

VP4UU1A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outlets (12)C13 or C19 RPDU-DE5R-005

VP4UV0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (36)C13 (6)C19 RPDU-DE5R-003

VP4UV0A2 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DE5R-006

VP4UV0A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DE5R-006

VP4UV2A0 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outlets (12)C13 (6)C19 RPDU-DE5R-006

VP4UV2A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outlets (24)C13 or C19 RPDU-DE5R-006

VP52101 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DE5R-006

VP59100 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-006

VP5G20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-007

VP5G20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-007

VP5G20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP5G20A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-006

VP5G20AA Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM, 
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP5G20AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G20AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP5G20AE Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-006

VP5G20AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP5G20AG Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006

VP5G21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G30A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP5G30A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP5G30A4 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-008
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VP5G30A5 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-006

VP5G30A9 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-006

VP5G30AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP5G30AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP5G30AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DE5R-008

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DE5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DE5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DE5R-006

VP5G30AE Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DE5R-008

VP5G30AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP5G30AG Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP5G30AH Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP5G30AJ Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP5G31A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G31A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5G7000 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 63A, 230/400V, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP5G7004 Switched Unit Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP5U20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (24)C13 RPDU-DE5R-006

VP5U20A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006

VP5U20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DE5R-006

VP5U20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DE5R-006

VP5U21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VP5UU003 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 11.0 kW, Variable Power Configuration, Vertical, Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP5UU0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP5UU0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP5UU0A2 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, 11.0kW, Variable Power Configuration, Vertical,  
(24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP5UV0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DE5R-008

VP5UV0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP5UV0A2 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP5UV0A3 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical, Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP6G20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-008

VP6G20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP6G20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP6G20A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP6G20AA Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outputs (24)C13 or C19 RPDU-DE5R-007
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VP6G20AB Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 16A, RCM, locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP6G20AC Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP6G20AD Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x16A, RCM, 
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP6G20AE Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP6G20AF Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP6G21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6G30A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP6G30A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, 
locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP6G30A4 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (12)C13 (12)C19 RPDU-DE5R-008

VP6G30A5 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP6G30A7 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-007

VP6G30A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP6G30A9 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP6G30AB Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outputs (24)C13 or C19 RPDU-DE5R-007

VP6G30AC Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP6G30AD Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DE5R-008

VP6G30AE Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DE5R-008

VP6G30AF Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP6G30AG Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP6G30AH Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309,  Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP6G30AJ Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP6G31A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6G31A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6G7000 Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP6G7004 Monitored Outlet Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP6U20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DE5R-007

VP6U20A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-007

VP6U20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP6U20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP6U21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VP6UU0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DE5R-007

VP6UU0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP6UU0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP6UV0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DE5R-007

VP6UV0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DE5R-007

VP6UV0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, 
Vertical, Combi Outlets (48)C13/C19 RPDU-DE5R-008
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VP6UV0A3 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP7551 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DE5R-001

VP7552 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 (4)C19 RPDU-DE5R-001

VP7553 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DE5R-002

VP7557 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DE5R-004

VP7G20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DE5R-008

VP7G20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP7G20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7G20A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP7G20AA Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP7G20AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 16A, RCM, 
locking outlets (21)C13 (3)C19 RPDU-DE5R-007

VP7G20AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP7G20AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM, 
locking outlets (24)C13 (12)C19 RPDU-DE5R-008

VP7G20AE Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP7G20AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP7G21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7G30A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7G30A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DE5R-008

VP7G30A4 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DE5R-008

VP7G30A5 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DE5R-008

VP7G30A7 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DE5R-007

VP7G30A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP7G30A9 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7G30AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DE5R-007

VP7G30AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DE5R-007

VP7G30AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DE5R-008

VP7G30AE Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM, l 
ocking outlets (30)C13 (6)C19 RPDU-DE5R-008

VP7G30AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DE5R-007

VP7G30AG Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP7G30AH Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DE5R-008

VP7G30AJ Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, , Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP7G31A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7G31A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7G7002 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP7G7004 Switched Outlet Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DE5R-007

VP7GA001 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired, 
Black Powder Coat. RPDU-DE5R-008

VP7U20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DE5R-007

VP7U20A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DE5R-006
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VP7U20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DE5R-007

VP7U20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DE5R-007

VP7U21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DE5R-006

VP7UA001 Switched Outlet Level Monitoring,80A,230/400V WYE,55.2kW,Vertical,(36) Combi C13/C19,Hardwired RPDU-DE5R-008

VP7UA002 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired,  
Black Powder Coat RPDU-DE5R-008

VP7UU0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DE5R-008

VP7UU0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DE5R-007

VP7UU0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U,  11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP7UV0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DE5R-008

VP7UV0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DE5R-007

VP7UV0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DE5R-008

VP7UV0A3 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DE5R-008

VP9559 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 (2)C19 RPDU-DE5R-002

Référence Famille de produits Distribution Emergency

EP4G80A0 Vertiv Geist Rack PDU, Monitored ,0U,16A,220V,IEC60309*3m,C13*18 + C19*3,black RPDU-DER5R-002

EP4G81A0 Vertiv Geist Rack PDU, Monitored ,1U,16A,220V,Schuko*3m,Schuko*6,black RPDU-DER5R-002

EP4G90A0 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V,IEC60309*3m,C13*20 + C19*4, Breaker,black RPDU-DER5R-004

EP4G90A1 Vertiv Geist Rack PDU, Monitored ,0U,32A,220V/380V,IEC60309*3m,C13*30 + C19*6, Breaker,black RPDU-DER5R-004

G1007 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DER5R-003

G1009 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DER5R-001

G1010 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DER5R-001

G1011 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DER5R-001

G1012 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 RPDU-DER5R-003

G1013 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (16)C13 RPDU-DER5R-003

G1014 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 RPDU-DER5R-003

G1022 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DER5R-001

G1023 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DER5R-001

G1024 Vertiv Geist Rack PDU, Basic, 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DER5R-001

G1025 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DER5R-001

G1026 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DER5R-001

G1027 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (8)C13 RPDU-DER5R-003

G1028 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (4)C13 (4)C19 RPDU-DER5R-003

G1029 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U/1U, input IEC 60309 230V 16A, outputs (10)C13 RPDU-DER5R-003

G1030 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DER5R-003

G1031 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (24)C13 RPDU-DER5R-003

Running Rack Pa PDU en rack en fonctionnement DU
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G1032 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (24)C13 (6)C19 RPDU-DER5R-001

G1033 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DER5R-002

G1035 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DER5R-003

G1036 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 (6)C19 RPDU-DER5R-002

G1646L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-001

G1647L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-002

G1648L Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-002

G1649L Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-002

G1650L Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-002

G2102 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DER5R-001

G2103 Vertiv Geist Rack PDU, Monitored (Unit Level), 1U, input BS1363 230V 13A, outputs (6)BS1367 RPDU-DER5R-002

G2104 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DER5R-001

G2106 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (10)BS1363 RPDU-DER5R-001

G2108 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (12)BS1363 RPDU-DER5R-001

G2109 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (8)BS1368 RPDU-DER5R-001

G2110 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (10)BS1363 RPDU-DER5R-001

G2112 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DER5R-001

G2113 Vertiv Geist Rack PDU, Monitored (Unit Level), 0U, input IEC 60309 230V 16A, outputs (12)BS1363 RPDU-DER5R-003

G2114 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (15)BS1364 RPDU-DER5R-001

G2118 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (15)BS1364 RPDU-DER5R-002

G2120 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-002

G2120 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-002

G2150 Vertiv Geist Rack PDU, Basic, 1U, input IEC60320 C14 230V 10A, outputs (6)BS1367 RPDU-DER5R-001

G2152 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (15)BS1364 RPDU-DER5R-001

G2153 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (20)BS1365 RPDU-DER5R-001

G2158 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (4)BS1366 RPDU-DER5R-001

G2159 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (6)BS1367 RPDU-DER5R-001

G2160 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)BS1368 RPDU-DER5R-001

G2161 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DER5R-001

G2166 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 32A, outputs (4)BS1366 RPDU-DER5R-002

G2169 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (10)BS1363 RPDU-DER5R-002

G2174 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outlets (8)C13 RPDU-DER5R-001

G2175 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DER5R-001

G2176 Vertiv Geist Rack PDU, Basic, 2U, input BS1363 230V 13A, outputs (8)C13 RPDU-DER5R-001

G2177 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DER5R-001

G2178 Vertiv Geist Rack PDU, Basic, 1U, input BS1363 230V 13A, outputs (16)C13 RPDU-DER5R-001

G2179 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (8)C13 RPDU-DER5R-001

G2180 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (16)C13 RPDU-DER5R-001

G2181 Vertiv Geist Rack PDU, Basic, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DER5R-001

G2183 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DER5R-001

G2187 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (16)C13 RPDU-DER5R-001

G2192 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DER5R-002

G2194 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (24)C13 RPDU-DER5R-002
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G2195 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (30)C13 RPDU-DER5R-002

G2196 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (40)C13 RPDU-DER5R-002

G2197 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DER5R-001

G2199 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DER5R-001

G2200 Vertiv Geist Rack PDU, Basic, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-002

G2201 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DER5R-001

G2202 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-002

G2205 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-002

G2223 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (6)BS1363 RPDU-DER5R-003

G2229 Vertiv Geist Rack PDU, branch metered, 1U, input BS1363 230V 13A, outputs (12)C13 RPDU-DER5R-002

G2231 Vertiv Geist Rack PDU, branch metered, 0U, input BS1363 230V 13A, outputs (24)C13 RPDU-DER5R-002

G2232 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 RPDU-DER5R-003

G2235 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (12)C13 RPDU-DER5R-003

G2236 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (20)C13 RPDU-DER5R-003

G2241 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (8)C13 (2)C19 RPDU-DER5R-003

G2242 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 32A, outputs (8)C13 (2)C19 RPDU-DER5R-003

G2243 Vertiv Geist Rack PDU, branch metered, 1U, input IEC 60309 230V 16A, outputs (12)C13 (4)C19 RPDU-DER5R-003

G2244 Vertiv Geist Rack PDU, branch metered, 2U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-003

G2246 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (12)C13 (4)C19 RPDU-DER5R-003

G2247 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DER5R-003

G2248 Vertiv Geist Rack PDU, branch metered, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DER5R-003

GI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10002L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10003L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-004

GI10004L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-004

GI10005L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10006L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-004

GI10007L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-004

GI10008L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10009L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10010L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-003

GI10011 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10012 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10013 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10014 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10015L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-006

GI10016 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DER5R-004

GI10017 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DER5R-006

GI10018L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DER5R-003

GI10019L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DER5R-004

GI10020L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10021L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI10022L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-005
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GI10023L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-005

GI10024L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10025L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-005

GI10026L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-005

GI10027L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10028L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-005

GI10029L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-003

GI10030 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-003

GI10031 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-003

GI10032 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10033 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10034L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-006

GI10035 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (30)C13 (6)C19 RPDU-DER5R-003

GI10036 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, outputs (48)C13 RPDU-DER5R-006

GI10037L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, locking outputs (20)C13 (6)C19 RPDU-DER5R-003

GI10038L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DER5R-005

GI10039 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-003

GI10040 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DER5R-003

GI10041 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DER5R-003

GI10042 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DER5R-003

GI10043L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

GI10044L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DER5R-006

GI10045L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-004

GI10046L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-004

GI10047L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-004

GI10048L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-004

GI10049L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

GI10050L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DER5R-006

GI10051L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-005

GI10052L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-005

GI10053L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-005

GI10054L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-005

GI10056L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10057L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10058L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

GI10059L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DER5R-006

GI10060L Vertiv Geist Rack PDU, Metered (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DER5R-005

GI10061L Vertiv Geist Rack PDU, Metered (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

GI10062L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

GI10063L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DER5R-005

GI10064 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-005

GI10065 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DER5R-005

GI10066L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-005
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GI10067L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-005

GI10068L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DER5R-004

GI10069L Vertiv Geist Rack PDU, Basic (upgradeable), 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-004

GI10070L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-004

GI10071L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DER5R-004

GI10072 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10073 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, outputs (48)C13 RPDU-DER5R-004

GI10074L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10075L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, locking outputs (36)C13 (6)C19 RPDU-DER5R-004

GI10091 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DER5R-004

GI10092 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DER5R-004

GI10093 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DER5R-003

GI10094 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DER5R-006

GI10095 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DER5R-003

GI10096 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DER5R-005

GI10097 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DER5R-003

GI10098 Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DER5R-006

GI19986 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-004

GI19987 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DER5R-004

GI19988 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)BS1365 RPDU-DER5R-003

GI19989 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DER5R-003

GI30030L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outputs (12)C19 RPDU-DER5R-006

GI30032L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outputs (12)C13 (4)C19 RPDU-DER5R-005

GI30059 Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230V 32A, output – connector IEC 60309 2P+E,  
230V 32A RPDU-DER5R-002

GI30060 Vertiv Geist Rack PDU, Inline Monitored, EC, 1U, input IEC 60309 230/400V 3x32A, output – connector IEC 60309 
3P+N+E, 230/400V 3x32A RPDU-DER5R-003

GI30073L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

GI30074L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (6)C19 RPDU-DER5R-006

GI30075L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (10)C13 RPDU-DER5R-005

GI30077L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outputs (4)C13 (4)C19 RPDU-DER5R-005

GI30107L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

GI30108L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outputs (6)C13 (3)C19 RPDU-DER5R-005

GI39987 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)BS1365 RPDU-DER5R-003

GI39988 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (20)SCHUKO RPDU-DER5R-003

GI39990 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, outputs (20)SCHUKO RPDU-DER5R-003

GR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GR30202 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-004

GR30203 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GS30200 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GS30203 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GU30022L Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outputs (9)C13 (9)C19 RPDU-DER5R-008

GU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outputs (12)C13 or C19 RPDU-DER5R-007

GU30202 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-006
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GU30203 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A,  
combi outputs (12)C13 or C19 RPDU-DER5R-007

U1071L Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

U1072L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DER5R-005

U1073L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DER5R-005

U1075 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DER5R-005

U1076 Vertiv Geist Rack PDU, Basic, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DER5R-005

U1077 Vertiv Geist Rack PDU, Basic, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

U1078 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

U1079 Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DER5R-005

UI10001L Vertiv Geist Rack PDU, Basic (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DER5R-003

UI10007L Vertiv Geist Rack PDU, Metered (upgradeable), 0U, input IEC 60320 C20 power inlet 230V 16A, 
locking outputs (36)C13 (6)C19 RPDU-DER5R-003

UI10014L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

UI10016L Vertiv Geist Rack PDU, Basic (upgradeable), 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

UI10022L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DER5R-005

UI10023L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|16A|230/415V, locking outputs (24)C13 (12)C19 RPDU-DER5R-005

UI10024L Vertiv Geist Rack PDU, Basic, 0U, UPDU rating 3ph|32A|230/415V, locking outputs (24)C13 (6)C19 RPDU-DER5R-005

UI10025 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DER5R-005

UI10026 Vertiv Geist Rack PDU, Basic (upgradeable), 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DER5R-005

UI10027 Vertiv Geist Rack PDU, Basic (upgradeable), 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

UI10028 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-005

UI10029 Vertiv Geist Rack PDU, Basic (upgradeable), 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DER5R-005

UI30005L Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outputs (12)C13 (6)C19 RPDU-DER5R-007

UI30024 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outputs (12)C13 or C19 RPDU-DER5R-006

UI30025 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-006

UI30027L Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (10)C13 RPDU-DER5R-003

UR30200 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, combi outputs (12)
C13 or C19 RPDU-DER5R-004

UU30200 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A, combi outputs (12)
C13 or C19 RPDU-DER5R-006

VA1G8100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DER5R-005

VA1G9100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-005

VA1G9200 Vertiv Geist RTS, Basic (Upgradeable), 2U,  input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DER5R-006

VA1U1100 Vertiv Geist RTS, Basic (Upgradeable), 1U,input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (10)C13 RPDU-DER5R-005

VA1U2100 Vertiv Geist RTS, Basic (Upgradeable), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (12)C13 or C19 RPDU-DER5R-005

VA4G21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DER5R-006

VA4G31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VA4G31A1 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DER5R-007

VA4G8100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (12)C13 or C19 RPDU-DER5R-006

VA4G9100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-008

VA4G9200 Vertiv Geist RTS, Monitored (Unit Level), 2U, input (2) IEC60309 230V 32A, combi outputs (24)C13 or C19 RPDU-DER5R-006

VA4U1100 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, 
locking outputs (10)C13 RPDU-DER5R-006
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VA4U11A0 Vertiv Geist RTS,  Monitored (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A, 
locking outputs (10)C13 RPDU-DER5R-006

VA4U2100 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, 
combi outlets (12)C13 or C19 RPDU-DER5R-008

VA4U21A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A, 
combi outlets (12)C13 or C19 RPDU-DER5R-006

VA4U31A0 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DER5R-007

VA4U9101 Vertiv Geist RTS, Monitored (Unit Level), 1U, input (2) IEC60309 200-240V 30A or 32A, (1) IEC 2P+E IP44 RPDU-DER5R-006

VA5G21A0 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-007

VA5G32A0 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-008

VA5G8100 Vertiv Geist RTS,  Switched (Unit Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-006

VA5G9200 Vertiv Geist RTS, Switched (Unit Level), 2U,  input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

VA5U1100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-006

VA5U11A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-007

VA5U2100 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA5U21A0 Vertiv Geist RTS, Switched (Unit Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA6G21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-007

VA6G32A0 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-008

VA6G8100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-006

VA6G9200 Vertiv Geist RTS, Monitored (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

VA6U1100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-006

VA6U11A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-007

VA6U2100 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA6U21A0 Vertiv Geist RTS, Monitored (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA7G21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-007

VA7G32A0 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-008

VA7G8100 Vertiv Geist RTS, Switched (Outlet Level), 1U,input (2) IEC60309 230V 16A, combi outputs (6)C13 or C19 RPDU-DER5R-006

VA7G9201 Vertiv Geist RTS, Switched (Outlet Level), 2U, input (2) IEC60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-007

VA7U1100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-006

VA7U11A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C14 power inlet 100-240V 10A or 15A,  
locking outputs (6)C13 RPDU-DER5R-007

VA7U2100 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-006

VA7U21A0 Vertiv Geist RTS, Switched (Outlet Level), 1U, input (2) IEC60320 C20 power inlet 100-240V 16A or 20A,  
combi outputs (6)C13 or C19 RPDU-DER5R-007

VP1G9100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP1U1100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DER5R-002

VP1U2100 Vertiv Geist PDU,Basic (upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP3G9100 Vertiv Geist PDU,Metered (upgradeable), EC, 1U, input IEC60309 power inlet 230V 32A, , Combi Outlets (12)C13/C29 RPDU-DER5R-002

VP3U2100 Vertiv Geist PDU, Metered(upgradeable), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP4G20A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (6)C19 RPDU-DER5R-005
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VP4G20A6 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, combi outputs (36)C13 or C19 RPDU-DER5R-005

VP4G20A7 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, combi outputs (36)C13 or C19 RPDU-DER5R-003

VP4G20A9 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, combi outlets (36)C13 or C19 RPDU-DER5R-004

VP4G20AA Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, RCM, locking outlets (20)C13 (6)C19 RPDU-DER5R-004

VP4G20AB Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outlets (36)C13 or C19 RPDU-DER5R-005

VP4G20AC Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DER5R-004

VP4G20AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
outputs (18)C13 (2)C19 RPDU-DER5R-004

VP4G20AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-007

VP4G20AG Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (12)C13 (6)C19 RPDU-DER5R-003

VP4G21A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 16A, locking outlets (10)C13 RPDU-DER5R-004

VP4G21A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, locking outlets (6)C13 (3)C19 RPDU-DER5R-004

VP4G30A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (6)C19 RPDU-DER5R-004

VP4G30A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-005

VP4G30A8 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-006

VP4G30AD Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (6)C19 RPDU-DER5R-006

VP4G30AE Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (36)C13 (6)C19 RPDU-DER5R-006

VP4G30AF Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, combi outputs (36)C13 or C19 RPDU-DER5R-006

VP4G30AK Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, combi outputs (36)C13 or C19 RPDU-DER5R-003

VP4G30AM Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outlets (36)C13 or C19 RPDU-DER5R-005

VP4G30AN Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (6)C19 RPDU-DER5R-004

VP4G30AP Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DER5R-006

VP4G30AQ Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (24)C13 (6)C19 RPDU-DER5R-006

VP4G30AR Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230V 32A, outputs (36)C13 (6)C19 RPDU-DER5R-004

VP4G30AS Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, outputs (30)C13 (12)C19 RPDU-DER5R-007

VP4G31A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, locking outlets (6)C19 RPDU-DER5R-005

VP4G31A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (10)C13 RPDU-DER5R-004

VP4G31A3 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DER5R-004

VP4G31A4 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, locking outlets (4)C13 (4)C19 RPDU-DER5R-004

VP4G31A5 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230/400V 3x32A, locking outlets (12)C19 RPDU-DER5R-006

VP4G32A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, input IEC 60309 230V 32A, locking outlets (12)C13 (4)C19 RPDU-DER5R-005

VP4G7007 Monitored Unit Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP4G9100 Vertiv Geist Rack PDU Monitored (Unit Level), EC, 1U, input IEC 60309 230V 32A, Combi outputs (12) C13 or C19 RPDU-DER5R-003

VP4U1100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DER5R-002

VP4U11A0 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, IEC60320 C14 power inlet 100-240V 10A or 15A, locking outputs (10)C13 RPDU-DER5R-002

VP4U2100 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP4U21A1 Vertiv Geist PDU, Monitored (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 100-240V 16A or 20A,  
Combi Outlets (12)C13/C19 RPDU-DER5R-002

VP4UU0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|16A|230/415V, combi outputs (42)C13 or C19 RPDU-DER5R-006

VP4UU1A0 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 1U, UPDU rating 3ph|16A|230/415V, combi outlets (12)C13 or C19 RPDU-DER5R-005

VP4UV0A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (36)C13 (6)C19 RPDU-DER5R-003
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VP4UV0A2 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (24)C13 or C19 RPDU-DER5R-006

VP4UV0A3 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 0U, UPDU rating 3ph|32A|230/415V, combi outputs (48)C13 or C19 RPDU-DER5R-006

VP4UV2A0 Vertiv Geist Rack PDU, Monitored (Unit Level), 2U, UPDU rating 3ph|32A|230/415V, locking outlets (12)C13 (6)C19 RPDU-DER5R-006

VP4UV2A1 Vertiv Geist Rack PDU, Monitored (Unit Level), EC, 2U, UPDU rating 3ph|32A|230/415V, combi outlets (24)C13 or C19 RPDU-DER5R-006

VP52101 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outputs (12)C13 or C19 RPDU-DER5R-006

VP59100 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outputs (12)C13 or C19 RPDU-DER5R-006

VP5G20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DER5R-007

VP5G20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DER5R-007

VP5G20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DER5R-007

VP5G20A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-006

VP5G20AA Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP5G20AB Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DER5R-007

VP5G20AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP5G20AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DER5R-008

VP5G20AE Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-006

VP5G20AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP5G20AG Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-006

VP5G21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5G30A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP5G30A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP5G30A4 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-008

VP5G30A5 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (42)C13 (6)C19 RPDU-DER5R-008

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-006

VP5G30A7 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-006

VP5G30A8 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-006

VP5G30AC Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DER5R-007

VP5G30AD Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DER5R-008

VP5G30AE Vertiv Geist Rack PDU, Switched (Unit Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DER5R-008

VP5G30AF Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP5G30AG Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP5G30AH Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP5G30AJ Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP5G31A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5G31A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5G7000 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP5G7004 Switched Unit Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP5U20A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A, locking outputs (24)C13 RPDU-DER5R-006

VP5U20A1 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-006



28

Offre de services pour le Channel

Référence Famille de produits Distribution Emergency

VP5U20A2 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DER5R-006

VP5U20A3 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DER5R-006

VP6G30A7 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-007

VP5U21A0 Vertiv Geist Rack PDU, Switched (Unit Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DER5R-006

VP5UU003 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 11.0 kW, Variable Power Configuration, Vertical, Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP5UU0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP5UU0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 11.0kW, Variable Power 
Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP5UU0A2 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, 11.0kW, Variable Power Configuration, Vertical,  
(24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP5UV0A0 Vertiv Geist Rack PDU, Switched (Unit Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DER5R-008

VP5UV0A1 Vertiv Geist Rack PDU, Switched Unit Level Monitoring EC, Residual Current Metering Type B, 22.0kW, Variable Power 
Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP5UV0A2 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP5UV0A3 Vertiv Geist PDU, Switched (Unit Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP6G20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DER5R-008

VP6G20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, 
locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP6G20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP6G20A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP6G20AA Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 16A, RCM,  combi outputs (24)C13 or C19 RPDU-DER5R-007

VP6G20AB Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 16A, RCM, locking outlets (21)C13 (3)C19 RPDU-DER5R-007

VP6G20AC Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP6G20AD Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DER5R-008

VP6G20AE Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP6G20AF Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP6G21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6G30A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP6G30A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP6G30A4 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (12)C13 (12)C19 RPDU-DER5R-008

VP6G30A5 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A,  
locking outputs (42)C13 (6)C19 RPDU-DER5R-008

VP6G30A7 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-007

VP6G30A8 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP6G30A9 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-007

VP6G30AB Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230V 32A, RCM, combi outputs (24)C13 or C19 RPDU-DER5R-007

VP6G30AC Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230V 32A, RCM, locking outlets (20)C13 (4)C19 RPDU-DER5R-007

VP6G30AD Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outputs (36)C13 or C19 RPDU-DER5R-008

VP6G30AE Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DER5R-008

VP6G30AF Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007
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VP6G30AG Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP6G30AH Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309,  Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP6G30AJ Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP6G31A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6G31A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6G7000 Vertiv Geist PDU, Monitored (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP6G7004 Monitored Outlet Level,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP6U20A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DER5R-007

VP6U20A1 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-007

VP6U20A2 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP6U20A3 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP6U21A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DER5R-006

VP6UU0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DER5R-007

VP6UU0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP6UU0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP6UV0A0 Vertiv Geist Rack PDU, Monitored (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DER5R-007

VP6UV0A1 Vertiv Geist Rack PDU, Monitored Outlet Level EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DER5R-007

VP6UV0A2 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP6UV0A3 Vertiv Geist PDU, Monitored (Outlet Level) EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP7551 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 16A, outputs (20)C13 (4)C19 RPDU-DER5R-001

VP7552 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60320 C20 power inlet 230V 16A, outputs (20)C13 (4)C19 RPDU-DER5R-001

VP7553 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230V 32A, outputs (20)C13 (4)C19 RPDU-DER5R-002

VP7557 Vertiv Geist Rack PDU, Basic, 0U, input IEC 60309 230/400V 3x16A, outputs (36)C13 (6)C19 RPDU-DER5R-004

VP7G20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (21)C13 (3)C19 RPDU-DER5R-008

VP7G20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP7G20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x16A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7G20A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 16A, locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP7G20AA Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP7G20AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 16A, RCM,  
locking outlets (21)C13 (3)C19 RPDU-DER5R-007

VP7G20AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x16A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP7G20AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x16A, RCM,  
locking outlets (24)C13 (12)C19 RPDU-DER5R-008

VP7G20AE Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 16A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP7G20AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 16A, 230/400V,  Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP7G21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x16A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7G30A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7G30A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (24)C13 (12)C19 RPDU-DER5R-008

VP7G30A4 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, locking outputs (12)C13 (12)C19 RPDU-DER5R-008
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VP7G30A5 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230/400V 3x32A, 
locking outputs (42)C13 (6)C19 RPDU-DER5R-008

VP7G30A7 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (20)C13 (4)C19 RPDU-DER5R-007

VP7G30A8 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP7G30A9 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60309 230V 32A, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7G30AB Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230V 32A, RCM,  
combi outputs (24)C13 or C19 RPDU-DER5R-007

VP7G30AC Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230V 32A, RCM,  
locking outlets (20)C13 (4)C19 RPDU-DER5R-007

VP7G30AD Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), EC, 0U, input IEC 60309 230/400V 3x32A, RCM,  
combi outlets (36)C13 or C19 RPDU-DER5R-008

VP7G30AE Vertiv Geist Rack PDU, Switched (Outlet Level Monitoring), 0U, input IEC 60309 230/400V 3x32A, RCM,  
locking outlets (30)C13 (6)C19 RPDU-DER5R-008

VP7G30AF Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (24)C13/C19 RPDU-DER5R-007

VP7G30AG Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP7G30AH Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, Combi Outlets (36)C13/C19 RPDU-DER5R-008

VP7G30AJ Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 32A, 230/400V, input IEC 60309, , Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP7G31A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230V 32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7G31A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60309 230/400V 3x32A, combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7G7002 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, input IEC 60309, 63A, 230/400V,  Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP7G7004 Switched Outlet Level Monitoring,63A,230/400V WYE,43.4kW,Vertical,(36) Combi C13/C19,3P+N+E (IP67) RPDU-DER5R-007

VP7GA001 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired, 
Black Powder Coat. RPDU-DER5R-008

VP7U20A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (24)C13 RPDU-DER5R-007

VP7U20A1 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (21)C13 (3)C19 RPDU-DER5R-006

VP7U20A2 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (18)C13 (6)C19 RPDU-DER5R-007

VP7U20A3 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 0U, input IEC 60320 C20 power inlet 230V 16A,  
locking outputs (10)C13 (2)C19 RPDU-DER5R-007

VP7U21A0 Vertiv Geist Rack PDU, Switched (Outlet Level), EC, 1U, input IEC 60320 C20 power inlet 230V 16A,  
combi outlets (12)C13 or C19 RPDU-DER5R-006

VP7UA001 Switched Outlet Level Monitoring, 80A, 230/400V WYE, 55.2kW, Vertical, (36) Combi C13/C19, Hardwired RPDU-DER5R-008

VP7UA002 rPDU, Switched Outlet Level Monitoring, 80A, 240/415V WYE, 57.6kW, Vertical, (36) Combination C13/C19, Hardwired,  
Black Powder Coat RPDU-DER5R-008

VP7UU0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|16A|230/415V, locking outputs (30)C13 (6)C19 RPDU-DER5R-008

VP7UU0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 11.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat. RPDU-DER5R-007

VP7UU0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 11.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP7UV0A0 Vertiv Geist Rack PDU, Switched (Outlet Level), 0U, UPDU rating 3ph|32A|230/415V, locking outputs (18)C13 (12)C19 RPDU-DER5R-008

VP7UV0A1 Vertiv Geist Rack PDU, Switched Outlet Level Monitoring EC, Residual Current Metering Type B, 22.0kW,  
Variable Power Configuration, Vertical, (24) Combination C13/C19, Universal Inlet, Black Powder Coat RPDU-DER5R-007

VP7UV0A2 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW, Variable Power Configuration, Vertical,  
Combi Outlets (48)C13/C19 RPDU-DER5R-008

VP7UV0A3 Vertiv Geist PDU, Switched (Outlet Level), EC, 0U, 22.0 kW Variable Power Configuration, Vertical,  
Combi Outlets (24)C13/C19 RPDU-DER5R-008

VP9559 Vertiv Geist Rack PDU, Basic, 1U, input IEC 60320 C20 power inlet 230V 16A, outputs (10)C13 (2)C19 RPDU-DER5R-002
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Start-Up Rack PDU Site Multiple (8x5) PS-RPDU-ST8x5-PDU-M

Start-Up Rack PDU Site Multiple (24x7) PS-RPDU-ST24x7-PDU-M

Start-Up Rack PDU Site Single (8x5) PS-RPDU-ST8x5-PDU-S

Start-Up Rack PDU Site Single (24x7) PS-RPDU-ST24x7-PDU-S

Intervention sur site

Standard

Warranty Extension +2
Complimentary with registration

Advanced

Distribution Emergency

Elite

Distribution Emergency
Renewal

Recommended



Vertiv.fr  |  Vertiv France SAS, Bâtiment Tolède, 3 rue Le Corbusier 94150 Rungis, France
© 2024 Vertiv Group Corp. Tous droits réservés. Vertiv et le logo Vertiv sont des marques commerciales ou déposées de Vertiv Group Corp. Tous les autres noms et logos mentionnés sont des noms de produits, des marques commerciales ou déposées qui 
appartiennent à leurs propriétaires respectifs.  Même si toutes les précautions ont été prises pour garantir l’exactitude et l’exhaustivité des informations figurant dans le présent document, Vertiv Group Corp. ne saurait être tenu responsable et décline toute 
responsabilité concernant les préjudices résultant de l’utilisation de ces informations ou concernant toute erreur ou omission. Descriptif technique susceptible d’être modifié sans préavis.

MKA4L0FRSERCHR - Rev.4-12/2024


